
“Plug and Play”.

Miniaturized size, fitting the tightest of spaces.

Miniadapters and Miniconnectors (patented).

Wide range of tap-off and splitters.

Splitters integrated into tap-off.

Typical application: a cascaded 16 user equalized
configuration.

Fibre G.657.A1 CasaLight™ (different fibres available
upon request).

Mini-to-Mini patchcords supplied in standard
lengths of 3.5m, 5m, 10m.

>

>

>

>

>

>

>

>

>

>

>

>

>

>

>

>

Mini-to-FC patchcords supplied in lengths according
to customer’s request.

Cable diameter: 2mm.

Sheath colour of patchcords is white. Sheath material
is LS0H UV stable.

Qualified to Telcordia GR326 e IEC 61300 standards.

RoHS compliant materials.

All connectors are supplied with ceramic ferrules.

Full traceability and test certification supplied with
each assembly.

Inquire with Prysmian for any tailor-made solution.
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>

>

>
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Optical Fibre System 
for TV SAT

VerTV™

Features and Benefits

>

>

>

>

Steel pulling wire

Mini-to-Mini adapters

Cleaning Pen

Inspection Probe

Additional Items
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Main Components Cascaded tap-off Chain
Configuration

VerTV™ OPTICAL FIBRE SYSTEM FOR TV SAT

In order to have a balanced installation and to ensure
signal uniformity to all users, VerTV™ has been 
developed to allow the installation of three tap-off
plus one splitter “in cascade”. In this way 16 users can Stainless steel pulling wire with cable butt 

connecting system to the miniconnectors. This
avoids the need to prepare the cable end 
beforehand.
Also available with dielectric material.

Accessories

> Pulling Wire

The pulling head allows the installation of the 
pre-connectorized patchcord inside the duct.

> Pulling Head for optical patchcord

Mini-to-Mini adapter to connect together two 
patchcords equipped with Miniconnectors.

> Mini-to-Mini Adapter

Maximum Insertion Loss for 16 outs 15 dB

Uniformity Insertion Loss  < 1 dB

Return Loss ≥ 55 dB

Technical Parameters CasaLight™ Optical Fibre

Maximum Insertion Loss ≤ 0.3 dB (Typical 0.2 dB)
Return Loss ≥ 55 dB
Intermateability IEC 874-14 
Operating Temperature -40°C to + 85°C

> Patchcord G.657-A1 CasaLight™
(1310/1550nm)

Bending radius 7 mm  ≤  R  ≤  20 mm 
Max Pulling force 150 N 
Connector Diameter 4 mm
Cable Diameter 2 mm

> Geometrical and mechanical parameters

1x2 1x2 1x2 1x2 1x4
90/10 80/20 70/30 50/50 

Maximum Insertion Loss (dB) ≤ 0.8/12.7 ≤ 1.5/8.5 ≤ 2.1/6.4 ≤ 3.9/3.9 ≤ 7.80
Uniformity Insertion Loss (dB) ≤ 0.6/1.2 ≤ 0.6/1.2 ≤ 0.6/1.2 ≤ 1.2 ≤ 1.00
PDL (dB) ≤ 0.3 ≤ 0.3 ≤ 0.2 ≤ 0.20 ≤ 0.25

Wavelength Range (Nm) 1310±50, 1490±10, 1550±30 for 1x2
1260-1650 for 1x4

Return Loss and Directivity (dB) ≥ 50 for the coupler and ≥ 55 for the PLC
Operating Temperature (°C) -40°C to +85°C
Maximum Input Power (mW) 500 mW

> Splitters

3/4 2/3 1/2
Max Insertion Loss of 4 Output Legs (dB) ≤ 15.00 ≤ 13.20 ≤ 10.90
Max Insertion Loss of Bypass Leg (dB) ≤ 2.5 ≤ 3.1     ≤ 3.8

Uniformity of outputs (Client Legs) (dB) ≤ 1.00
Wavelength Range (Nm) 1260 to 1650 Nm
Return Loss (dB) ≥ 55
Operating Temperature (°C) -40°C to +85°C
PDL (dB) < 0.15

> Tap-Offs

Used to clean the adapters and connectors on the
splitter and tap off boxes.
Each pen can be used for 500 cleaning operations.

> Cleaning Pen 

An inspection kit for the mini connector which
includes a probe, a USB2.0 set, a 3.5” LCD 
monitor, a special tip and a carrying bag.

> Inspection Probe

be connected and the insertion loss is lower than 15dB.
By means of a 1x2 splitter installed at the LBN exit, it
is therefore possible to connect 32 users optimizing
the performance of one single dish.
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Main Components Cascaded tap-off Chain
Configuration

VerTV™ OPTICAL FIBRE SYSTEM FOR TV SAT

In order to have a balanced installation and to ensure
signal uniformity to all users, VerTV™ has been 
developed to allow the installation of three tap-off
plus one splitter “in cascade”. In this way 16 users can Stainless steel pulling wire with cable butt 

connecting system to the miniconnectors. This
avoids the need to prepare the cable end 
beforehand.
Also available with dielectric material.

Accessories

> Pulling Wire

The pulling head allows the installation of the 
pre-connectorized patchcord inside the duct.

> Pulling Head for optical patchcord

Mini-to-Mini adapter to connect together two 
patchcords equipped with Miniconnectors.

> Mini-to-Mini Adapter

Maximum Insertion Loss for 16 outs 15 dB

Uniformity Insertion Loss  < 1 dB

Return Loss ≥ 55 dB

Technical Parameters CasaLight™ Optical Fibre

Maximum Insertion Loss ≤ 0.3 dB (Typical 0.2 dB)
Return Loss ≥ 55 dB
Intermateability IEC 874-14 
Operating Temperature -40°C to + 85°C

> Patchcord G.657-A1 CasaLight™
(1310/1550nm)

Bending radius 7 mm  ≤  R  ≤  20 mm 
Max Pulling force 150 N 
Connector Diameter 4 mm
Cable Diameter 2 mm

> Geometrical and mechanical parameters

1x2 1x2 1x2 1x2 1x4
90/10 80/20 70/30 50/50 

Maximum Insertion Loss (dB) ≤ 0.8/12.7 ≤ 1.5/8.5 ≤ 2.1/6.4 ≤ 3.9/3.9 ≤ 7.80
Uniformity Insertion Loss (dB) ≤ 0.6/1.2 ≤ 0.6/1.2 ≤ 0.6/1.2 ≤ 1.2 ≤ 1.00
PDL (dB) ≤ 0.3 ≤ 0.3 ≤ 0.2 ≤ 0.20 ≤ 0.25

Wavelength Range (Nm) 1310±50, 1490±10, 1550±30 for 1x2
1260-1650 for 1x4

Return Loss and Directivity (dB) ≥ 50 for the coupler and ≥ 55 for the PLC
Operating Temperature (°C) -40°C to +85°C
Maximum Input Power (mW) 500 mW

> Splitters

3/4 2/3 1/2
Max Insertion Loss of 4 Output Legs (dB) ≤ 15.00 ≤ 13.20 ≤ 10.90
Max Insertion Loss of Bypass Leg (dB) ≤ 2.5 ≤ 3.1     ≤ 3.8

Uniformity of outputs (Client Legs) (dB) ≤ 1.00
Wavelength Range (Nm) 1260 to 1650 Nm
Return Loss (dB) ≥ 55
Operating Temperature (°C) -40°C to +85°C
PDL (dB) < 0.15

> Tap-Offs

Used to clean the adapters and connectors on the
splitter and tap off boxes.
Each pen can be used for 500 cleaning operations.

> Cleaning Pen 

An inspection kit for the mini connector which
includes a probe, a USB2.0 set, a 3.5” LCD 
monitor, a special tip and a carrying bag.

> Inspection Probe

be connected and the insertion loss is lower than 15dB.
By means of a 1x2 splitter installed at the LBN exit, it
is therefore possible to connect 32 users optimizing
the performance of one single dish.
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“Plug and Play”.

Miniaturized size, fitting the tightest of spaces.

Miniadapters and Miniconnectors (patented).

Wide range of tap-off and splitters.

Splitters integrated into tap-off.

Typical application: a cascaded 16 user equalized
configuration.

Fibre G.657.A1 CasaLight™ (different fibres available
upon request).

Mini-to-Mini patchcords supplied in standard
lengths of 3.5m, 5m, 10m.

>

>

>

>

>

>

>

>

>

>

>

>

>

>

>

>

Mini-to-FC patchcords supplied in lengths according
to customer’s request.

Cable diameter: 2mm.

Sheath colour of patchcords is white. Sheath material
is LS0H UV stable.

Qualified to Telcordia GR326 e IEC 61300 standards.

RoHS compliant materials.

All connectors are supplied with ceramic ferrules.

Full traceability and test certification supplied with
each assembly.

Inquire with Prysmian for any tailor-made solution.
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Optical Fibre System 
for TV SAT

VerTV™

Features and Benefits

>

>

>

>

Steel pulling wire

Mini-to-Mini adapters

Cleaning Pen

Inspection Probe

Additional Items
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Bratislava Sales Office,
Trnavska cesta 50, 821 02 Bratislava 2,
Slovakia
Tel.: +4212 49491229
Fax: +4212 49491245
Email: katarina.lebedova@prysmian.com

UNITED STATES
Prysmian Communications Cables and
Systems USA, LLC,
700 Industrial Drive,
Lexington, SC 29072,
USA
Tel.: +1 803 951 4800 / 800 713 5312
Fax: +1 803 957 4628

UNITED KINGDOM
Prysmian Telecom Cables & Systems UK Ltd
Chickenhall Lane, Bishopstoke,
Eastleigh, Hampshire, SO50 6YU,
UK
Tel.: +44 2380 608760
Fax: +44 2380 608769
Email: sales.telecom.uk@prysmian.com

VIETNAM
Prysmian Cable Systems (Singapore) Pte Ltd
Hanoi Representative Office,
Unit 1022, 10th Floor Pacific Place,
83B Ly Thuong Kiet Street, Hanoi,
Vietnam
Tel.:  +844 39 461015
Fax: +844 39 461025
Email: prysmianhn@fpt.vn

OTHER COUNTRIES
Prysmian Cavi e Sistemi Telecom Srl
Viale Sarca, 222,
20126 Milano, Italy
Tel.: +39 02 6449 4596
Fax: +39 02 6449 53471
Email: telecom@prysmian.com

TM




