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QFC - 4F0 Subscriber Cable (Single Jacket)

Prysmian Reference: P7000012 Code: FPTM / K1M

Coloured Optical Fibre GB57A

Easy stripping buffer (dia.: 0.90mm})

Aramid Yarns

Flame retardant LSOH sheath
Colour: Ivory
Outer Diameter 4 mm

Technical Detail

Cable Diameter 4 mm

Cable Weight (nominal) 16 kg/km
Minimum Bending Radius (operation static) 40 mm
Minimum Bending Radius (dynamic) 80 mm
Tensile Strength (installation) 40 daN

Crush Resistance 80 daN/10cm
Temperature Performance -10°C + 60°C

Sheath Marking

Without any marking

Colour coding

Red, Blue, Green Yellow

Delivery Length

Standard delivery length: 1000m £+ 100m
Up to a maximum of 10% of the total number of cable lengths could be shorter than nominal values
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